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THIS COPY |IS PROVIDED ON A RESTRICTED BASIS AND 1S NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

DIAMOND INDICATES
BOTTOM OF MANAGER

3.8 —

[100]

8.9 - 5.9
[227] [151]

PANDUIT P/N WEIGHT

36.0 LBS/EACH

PRVES6 16.4 KG/EACH
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NOTES:

l. VISIT OUR ON-LINE CATALOG AT
WWW.PANDUIT.COM FOR A CURRENT
LIST OF PRODUCTS APPLICABLE FOR USE
WITH THIS PART.

2. COMPONENTS: (1) 8 FOOT B6™

VERT ICAL MANAGER
(1) HARDWARE KIT

CAN BE USED WITH ANY 19 OR 23 INCH
EIA STANDARD RACK.

8 FOOT-6" DOOR SOLD SEPARATELY
(P/N: PRD6S6)

REAR MOUNT ING SPOOLS SOLD

SEPARATELY (P/N: PRSPS)

SPOOLS HAVE MULTIPLE MOUNT ING
POSITIONS TO ACCOMMODATE

CABLE SLACK.

DIMENSIONS IN PARENTHESES ARE
METRIC.

8. ALL DIMENSIONS ARE REFERENCE ONLY.

MODEL F ILENAME

VIO35 /AT /03.PRT

CAD F ILENAME/LAYERS

VIOSS /AT _DC/03A.PRT

FANDU T T com. smer o, wenms

8 FOOT VERTICAL MANAGER 6™
FRONT AND REAR (PRVGBO6)
CUSTOMER DRAWING

UNLESS OTHERWISE SPECIFIED, DIMENSIONAL TOLERANCES ARE:

UNLESS OTHERWISE SPECIFIED,

ALL DIMENSIONS ARE GIVEN

REMOVED TOLERANCES

03 | 1-25-11[BAME|TRK | BANGED DOGR BRAGKET DESIGN 10357-37 IN INCHES, THIRD ANGLE PROECTION.

01 |i2-17-07BAMEINAGL| CHANGED F INGER DESIGN 10357-37 CMK R VE MAT L3 e NONE
pven BACKBONE - STEEL pev—

00 |6-13-07BAME|NAGL] RELEASED TO PRODUCT 10N 10357-37 CMK o SPOOLS- POLYCARBONATE ovs
© 13707 | FINGERS- ABS A
CHKD 10357-37
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