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IN ANY WAY DETRIMENTAL TO THE

INTERESTS OF PANDUIT CORP.

NOTES:

l.

MWN

SEE CATALOG FOR COMPLETE LIST OF PARTS
APPLICABLE FOR USE WITH THIS PART.
MATERIAL: PLASTIC

INCLUDES 2 TRANSITION BUNDLING CLIPS

. ALL MATERIALS AND COMPONENTS USED

MEET THE MATERIAL RESTRICTIONS OF RoHS
(EUROPEAN DIRECTIVE 2011/65/EC ON THE
RESTRICTION OF HAZARDOUS SUBSTANCES)
AS PROPOSED BY THE RoHS TECHNICAL
ADAPTATION COMMITEE.

5. DIMENSIONS IN BRACKETS ARE METRIC [ mml.
PANDUIT PART NO. WEITGHT
_ 0.08 Ibs
FLEX-CLIPILB (0.04 kg)
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TITLE

18 POSTITION TRANSITION BUNDLING CLIP
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UNLESS OTHERWISE SPECIFIED,

PART NO.

DIMENSIONAL TOLERANCES ARE: IN [ mm]]
o e 010 10.31 FLEX-CLIPIB
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