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Copper cabling 
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Fiber Optic cabling 

Designation  Fast Ethernet  
100BASEFX 

1Gigabit Ethernet  
1000BASE-SX 

1 Gigabit 
Ethernet  

1000BASE-LX    

10 Gigabit 
Ethernet  
10GBASE 

40 Gigabet 
Ethernet  
40GBASE 

100 Gigabet 
Ethernet  
100GBASE 
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