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THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND

[S NOT TO BE USED

IN ANY WAY DETRIMENTAL TO

THE INTERESTS OF PANDUIT CORP.

PANDUIT PART "X T LENGTH WEIGHT
NUMBER INCH [mm] INCH [mm] INCH [mm] LB/FT [Kg/m]
D2H6 1.79 [45.3] .07 [1.7] .096 [.143]
D3H6 5 74 72.00 +.13
[69.7] .09 [2.21] (1829 +3.3] 165 [.245]
D4HGE 3.53 [89.8] 11 [2.8] - .285 [.426]
PANDUIT PART "X T LENGTH WEIGHT
H NUMBER MM [inch] MM [inch] MM [inch] Kg/M [Ib/ft] B
D50H2 40.15 [1.6] 1.50 [.06] 241 [.16]
2000 +3.3
D75H2 64.75 [2.5] 2.00 [.08] (78.74 + 13] 412 [.28]
D100H2 89.75 [3.5] 2.79 [.11] - 1.45 [.97]
— NOTES:
1. SEE CURRENT CATALOG FOR ADDITIONAL
T PART SUFFIXES TO INDICATE COLOR AND
e OR PACKAGE QUANTITY. N
X 2. THIS PART IS INTENDED TO BE USED WITH 1
MOUNT ING BASE DB-C IN ORDER TO SUCCEED
AS A DIVIDER WALL APPLICATION,
[ 19 1]
SOLID DIVIDER WALL FOR WIRING DUCT AND FIBER DUCT
(D2H6, D3HB, D4HE, D50H2, D75H2, DI00H2) i)
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UNLESS OTHERWISE SPECIFIED, MATERTAL
DIMENSTONAL TOLERANCES ARE: IN [ mm ]
o PVC
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