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TO BE USED

IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

NOTES:

1. VISIT OUR ON-LINE CATALOG AT WWW.PANDUIT.COM
FOR A LIST OF CURRENT PARTS APPLICABLE FOR
USE WITH THIS PRODUCT .

2. DIMENSIONS IN [ ] ARE METRIC.

3. ALL MATERIALS AND COMPONENTS USED MEET THE
MATERITAL RESTRICTIONS OF RoHS (EUROPEAN
DIRECTIVE 2011/65/EU ON THE RESTRICTION OF
HAZARDOUS SUBSTANCES) AS PROPOSED BY THE
RoHS TECHNICAL ADAPTATION COMMITEE.

4, WEIGHT: 3.314 LBS/100 PCS [ 1503 g/ 100 PCS ]

5. PART INCLUDES:

- MODULE HOUSING: ULS4V-0 PC
1- SHIELD: TIN PLATED PHOS BRONZE
1- WIRE CAP: OL94V-0 PC/ZINC

6. RED CAP DESIGNATES CATEGORY 5e PERFORMANCE.
WHITE CAP DESIGNATES CATEGORY 6 PERFORMANCE.
BLUE CAP DESIGNATES CATEGORY 6A PERFORMANCE.

7. ALL SHIELDED CAT 5e/6/6A 8 POSITION, 8 WIRE JACK
MODULES ARE UNIVERSAL IN DESIGN. THEY ACCEPT
SIX AND EIGHT POSITION MODULAR PLUGS
WITHOUT DAMAGE.

8. AVAILABLE COLORS: BLACK, RED, BLUE., GREEN, VIOLET,
AND YELLOW.

9. 0.187"7 X 0.010" GROUNDING TAB PROVIDED AS ORPTIONAL
CONDUCTIVE PATH FOR GROUNDING.
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