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NOTES:

1.

PART NUMBERS:SEE TABLE

2. REFER TO PANDUIT WEBSITE FOR DARK FIBER
APPLICATION GUIDE FOR LINK DESIOGN.

3. MATERIALS:
A. BASE AND COVER: PLASTIC
B. ADAPTER: COMPOSITE PLASTIC

4. FIBER ADAPTER PANEL WEIGHT: 3.530z [ 100g ]

5. DRIVING DIMENSIONS ARE [N INCHES., DIMENSITONS
IN BRACKETS ARE mm.

6. METHOD A AND B-END 1 ORIENTATION WHEN CASSETTE IS5
INSTALLED WITH PANDUIT LOGO FACING UPWARDS

/. METHOD B-END 2 ORIENTATION WHEN CASSETTE IS
INSTALLED WITH PANDUIT LOGO FACING DOWNWARDS

SEE NOTE ©6 SEE NOTE 7/
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HD FLEX DARK FIBER CONVERSION CASSETTE

PART NUMBER

DESCRIPTION

FH4ZU-48-NMNMA

48 FIBER 50/125um OM4, ULTRA, METHOD A

FH4ZU-48-NMNMB

METHOD B

48 FIBER 50/125um OM4, ULTRA,
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