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NOTES:

l.

PARTS SUPPLIED:

ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

SEE CURRENT CATALOG FOR ADDITIONAL
PART SUFFIXES TO
AND/OR PACKAGE QUANTITY.
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