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THIS COPY |IS PROVIDED ON A RESTRICTED BASIS AND 1S NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

WEIGHT
.045 LB/10 PCS

PART NUMBER

.374 B}
SP628-C 112073 g/10 PCS)
[9.51] NOTES:
. CATEGORY 6 UTP 28AWG MODULAR PLUG
2. MATERIAL: HOUSING, ADAPTER, DIVIDER-THERMOPLASTIC UL94V-0O RATED;
STRAIN RELIEF BOOT-CLEAR PVC; CONTACT TERMINAL -PHOSPHOR BRONZE
ELECTROPOL ISHED AND PLATED WITH .000050" MIN. GOLD IN CONTACT
8X .029 & AREA, GOLD FLASH OVER REMAINDER, .000100" MIN NICKEL UNDERPLATE.
3. PLUG ACCEPTS 4 PAIR CABLE .138"-.189" (3.5mm-4.8mm) DIAMETER
[0.74] 1.652 WITH 28 AWG SOLID OR STRANDED CONDUCTORS WITH A MAXIMUM
[41.97] INSULATION DIAMETER OF .024" (.61mm) .
. 4, MEETS DIMENSIONAL REQUIREMENTS OF FCC PART 68 AND IEC 60603-7.
ALL DIMENSIONS MAXIMUM UNLESS OTHERWISE SPECIFIED.
5. TERMINAL CONTACT HEIGHT DIMENSION: .237:.005" (.60 .13mm)
WITH PANDUIT CRIMP TOOL.
: 6. clULlus LISTED, UL FILE NUMBER E 129886
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