
TYP. REPEAT

.875 .062

22.22 1.6

.75 19.05

1.50 38.10

PART NUMBER MATERIAL MARKER SIZE
inches [mm]

LABELS
PER ROW

STANDARD
PKG. QTY.

C150X075YMT GMY4-S
1.50 [38.1]
X    X    

0.75 [19.05]
1 5000

C150X075PBT GMP4-W
C150X075CBT GMC4
C150X075YJT GMY4-W

THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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NOTES:
1. MILLIMETER ARE IN [  ]. 

1 2/13/14 RVU SEWH MSAD REMOVE NOTE 1. UPDATE TOLEREANCES AND TITLE. 
TWO PLCS. DIMENSIONS. GAECN01697

0 9/30/04 RVU DRAWING RELEASE. 4992

REV DATE BY CHK APR DESCRIPTION ECN

1.70 43.18

TITLE

C150X075**T
THERMAL TRANSFER COMPONENT LABELS

CUSTOMER DRAWING
ITEM REVISION NAME

DATASET FILE NAME

MATERIAL:
UNLESS OTHERWISE SPECIFIED,

DIMENSIONAL TOLERANCES ARE: IN [mm]

SEE TABLE.X .062 [1.57] .XXX .015 [.381]
.XX .031 [.787] ANGLES 

DRAWING NUMBER:
THIRD ANGLE
PROJECTION C10267
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