THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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PANDUIT WE IGHT USE WITH ANY OF

PART Ibs/100 pcs THESE CABLE TIE

NUMBER#* (g) /100 pcs CROSS-SECT1ONS

SACS 50 1.41 LH, H, EH, MLT
(642) » Hs EFL

NOTES:

1.

SEE CURRENT PRICE SHEET FOR PART NUMBER SUFFIX
DESIGNATION FOR PACKAGE SIZE.

CABLE TIE CROSS-SECTION CODE:
LH = LIGHT HEAVY3 H = HEAVY3 EH = EXTRA HEAVY

MAXIMUM BANDING OR TIE WIDTH 0.75

MATERIAL: POLYPROPYLENE, WEATHER RESISTANT
COLOR: BLACK
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