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NOTES:
 1. CASSETTE MODULE WEIGHT:
    2.4oz [69.0g]
 2. DIMENSIONS IN BRACKETS ARE METRIC.

MPO KEY LEFT
[KEY UP/DOWN

ADAPTER]

LC CONNECTOR
LATCH DOWN

LC PORT POSITION 2 1 4 3 6 5 8 7 10 9 12 11
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01C 8/12/21 JSP JGD EJH C. CORRECTED FIBER TABLE
B. ADDED OM5 CASSETTES M02947YB-DC

01B 05-30-19 SAT DWW EJH A. ADDED P/N FQ9N-12-LAU. M02947YB-DC

01A 06-28-18 SAT JGD EJH RELEASED TO PRODUCTION M02947YB-DC
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1 2 3 4 5 6 7 8 9 10 11 12
FIBER POSITION

LEFT VIEW TOP VIEW

UNIVERSAL 12F - CASSETTE (U)
MPO END / LC END FIBER POSITION FROM MPO END TO LC END

MPO POSITION 1 2 3 4 5 6 7 8 9 10 11 12
LC POSITION 12 1 11 2 10 3 9 4 8 5 7 6
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UNIVERSAL 12F - CASSETTE

PANDUIT
PART NUMBER

FIBER
TYPE

PERFORMANCE
LEVEL

ADAPTER COLOR
(SPLIT SLEEVE)

FQXN-12-10U OM3

STANDARD
LOSS

AQUA
(ZIRCONIA)FQZN-12-10U OM4

FQ9N-12-10U OS2 BLUE
(ZIRCONIA)

FQ9N-12-LAU OS1/OS2 APC GREEN
(ZIRCONIA)

FQXO-12-10U OM3

OPTIMIZED
LOSS

AQUA
(ZIRCONIA)FQZO-12-10U OM4

FQWO-12-10U OM5 LIME GREEN
(ZIRCONIA

FQXA-12-10U OM3

ULTRA LOW
LOSS

AQUA
(ZIRCONIA)FQZA-12-10U OM4

FQSA-12-10U OM4+

FQWA-12-10U OM5 LIME GREEN
(ZIRCONIA


