
THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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00A 7-5-22 TWV KRKE BETL INITIAL RELEASE M09000QL

REV DATE BY CHK APR DESCRIPTION ECN

PART NUMBER

AWMR9, AWMR12, AWMR18
TITLE

ADJUSTABLE WALL MOUNT RACK

CUSTOMER DRAWING
ITEM REVISION NAME

DATASET FILE NAME

THIRD ANGLE
PROJECTION

MATERIAL DRAWING NUMBER

STEEL 01104EEA-DC
DRAWN BY DATE CHK SCALE SIZE

TWV 7-5-22 KRKE NONE SHEET 1 OF 2 A

DETAIL A
SCALE 1:4

VERTICAL CHANNELS
HAVE #12-24 TAPPED HOLES

WITH RACK SPACE NUMBERING

MASKED AREA FOR
GROUNDING ON
EACH SIDE

STEEL WALL MOUNT
RACK DEPTH ADJUSTABLE
DEPTHS OF  18", 21.5" & 25".
(21.5 DEPTH SHOWN)

NOTES:
1. VISIT OUR ON-LINE CATALOG AT WWW.PANDUIT.COM
   FOR A LIST OF CURRENT PARTS APPLICABLE FOR
   USE WITH THIS PRODUCT.
2. DIMENSIONS IN [] ARE METRIC.
3. ALL MATERIALS AND COMPONENTS USED MEET THE
   MATERIAL RESTRICTIONS OF RoHS (EUROPEAN
   DIRECTIVE 2011/65/EU ON THE RESTRICTION OF
   HAZARDOUS SUBSTANCES) AS PROPOSED BY THE
   RoHS TECHNICAL ADAPTATION COMMITEE.
4. WEIGHT: 
    AWMR9- 25 lbs [11.34 kg]
    AWMR12- 27 lbs [12.25 kg]
    AWMR18- 29.2 lbs [13.24 kg]
5. PART INCLUDES:
    (1)-WELDED RACK FRAME WITH #12-24 TAPPED 
          MOUNTING HOLES.
    (8)-ADJUSTABLE DEPTH MOUNT BRACKETS
    (1)-HARDWARE KIT
6. LOAD RATING - AWMR9 - 150 lbs
                 AWMR12 - 150 lbs.                
                 AWMR18 - 200 lbs. 



TOP VIEW
18" DEPTH

TOP VIEW
21.5" DEPTH

TOP VIEW
25" DEPTH

THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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00A 7-5-22 TWV KRKE BETL SEE SHEET ONE FOR REVISIONS M09000QL

REV DATE BY CHK APR DESCRIPTION ECN

PART NUMBER

AWMR9, AWMR12, AWMR18
TITLE

ADJUSTABLE WALL MOUNT RACK

CUSTOMER DRAWING
ITEM REVISION NAME

01104EEA/01
DATASET FILE NAME

01104EEA_DC/01A

THIRD ANGLE
PROJECTION

MATERIAL DRAWING NUMBER

STEEL 01104EEA-DC
DRAWN BY DATE CHK SCALE SIZE

TWV 7-5-22 KRKE NONE SHEET 2 OF 2 A

DEPTH OPTIONS 18 [459], 21.5 (546), 25 [637]
18.69

474.8

21.88

555.8

"B""A"

4.38

111.3

"C"

"C"

0.80

20.4

9RU, 12RU, 18RU HEIGHT DIMENSIONS
RU SIZE "A" "B" "C"

9RU 16.37
[415.8]

20.96
[532.4]

5.24
[133.2]

12RU 21.64
[549.5]

26.21
[665.7]

7.87
[199.85]

18RU 32.14
[816.2]

36.71
[932.4]

13.12
[333.2]


