THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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PANDUIT BUNDLE DIA. A B C D E F [MIN. LOOP| MATERIAL | WEIGHT
i i i i i i i i TENSILE 100
PART NO. MIN. (mm) [MAX < (mm) | (mm) {mm1 (mm1 (mm) (mm) {mm1 Ibs. (N) Ibs.p[cgsl
.03 .9 .038 . 118 . 173 . 154 .209 4.2 .066
PLT100 (.8) | (23) | (.97)](3.0) | (4.4) | (3.9)| (5.3 [(105.9)] 18 (80) NATURAL (30.0)
.03 .9 .038 . 118 . 173 . 154 .209 4,2 . 066
PLT 1008 C.8) | (23 |97 | (3.0) | (4.4 | (3.9)|(5.3) [(105.9)| 18 (80 BLACK (30.0]
.03 1.5 .040 . 168 .220 . 179 . 306 6.2 . 145
PLT150 C.8) | (38 | (1.0 [(4.3) | (5.8) | (4.5 | (7.8) [(157° 01| 40 (1781 | NATURAL (661
.03 1.5 .040 | . 168 . 220 .179 | .306 6.2 . 145
PLT150B (.8) | (38 | (1.01|(4.3) | (5.6 | (4.51 | (7.8) [1157.0) 40 1178) BLACK (66
DIMENSIONS IN PARENTHESIS ARE IN METRIC UNITS
AN D U I TCORP. TINLEY PARK, ILLINOIS
JAPANESE 100 SERIES
SUPER-GRIP CABLE TIES
UNLESS OTHERWISE SPECIFIED, UNLESS OTHERWISE SPECIF IED,
DIMENSIONAL TOLERANCES ARE: AL DINENS 1O ARE. G1VEN
(X)) & [ XXX) + ,020(.50)
(XX) +,02(.5) ANGLES + IN INCHES, THIRD ANGLE PROJECTION.
DRMINBYI__AB MAT'L: SCALE NONE
| [z emw] g [commecr o8 e e owmeren v 27100 | 1 | g Sozos | NYLON 8.5 | o
ss-27186 | A
REV | DATE [BY [cHk DESCRIPTION ECN - R |cusT |suP BOBK SHEET 1 size
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